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安全なクルマの未来のために、
ロームはエレクトロニクスで
貢献し続けます。
ロームは、創業60年以上の半導体・電子部品メーカーとして、

創業時より掲げる「品質第一」の企業目的に基づき、

民生機器や IT機器、産業機器、そして自動車に至るまで、

幅広い市場に向けて品質と信頼性に優れた製品を提供してきました。

”省エネ”・”小型化”への要求がますます高まる中、

ロームでは、パワーとアナログの半導体を中心に、

「xEV」「Body ECU」「ADAS/Infotainment」「LED Lighting」など

注力する自動車分野に向けて、省エネ、小型化、安心・安全に貢献する

革新的な製品開発を進めています。

製品開発や安定供給を支えるのは、材料段階から完成品までの製造工程を

ロームグループ内で完結させる「垂直統合」の生産体制です。

あらゆる工程で高い品質を作りこみ、卓越したトレーサビリティの実現や

サプライチェーンの最適化を図ることにより、

自動車市場に求められる高品質、高信頼性、そして安定供給を実現します。

ロームはこれからも、自動車のさらなる技術革新に貢献できるよう、

お客様や市場のニーズにあった製品開発を行うとともに、

高品質かつ革新的な製品を社会に提供し続けます。

半導体メーカー「ROHM」の社名は、

創業当時の生産品目である抵抗器（Resistor）の頭文字「R」に
抵抗値の単位Ω「ohm」を組み合わせたものです。
「R」は信頼性（Reliability）にも通じており、品質を第一とする

ロームのポリシーを表しています。

INDEX

生産体制

製品開発

垂直統合による高品質・
高信頼性のモノづくり、安定供給

卓越したトレーサビリティ

安心のBCM（事業継続マネジメント）体制

「回路設計」「レイアウト」「製造プロセス」による
設計・製造技術のすり合わせ 

放熱設計、パッケージ技術を
駆使した製品展開 

業界をリードする最先端パワー半導体

抵抗器から半導体、モジュールまで
幅広い製品群 

パワー・アナログ半導体を核とした 
高効率ソリューションの提供 

蓄積された技術ノウハウによる設計サポート

容易に設計できるよう
サポートコンテンツをWeb公開
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Electronics  for  the  Future
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Electric Compressor

Body ECU

ADAS Electronic Control Unit
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and Ranging

ADAS Camera System

ADAS/Infotainment

PRODUCT and SOLUTION

TFT Cluster and 
Center Information Display

Head Up Display

Dashboard Camera

   

Front Light with 
Adaptive Driving Beam

Rear Light with 
Animation

LED Lighting

ロームでは、長年培ってきた設計技術や製造技術、品質保証技術などの技術を結集し、

自動車分野の省エネ、小型化、安心・安全に貢献する革新的な製品の開発を進めています。

さらに高品質、高信頼性、安定供給を実現する安心の生産体制で、自動車の進化に貢献します。
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シリコンのインゴット
引き上げからウエハを製造

原材料からのこだわり

シリコン原石

日本の生産拠点を中心に、
ウエハプロセスから革新的な
デバイス作りを展開

ウエハプロセス

ICチップデザインのレイアウトから
フォトマスク製造まで一貫した
品質管理で高品質を追求

内製フォトマスク

内製金型・リードフレーム
品質つくりこみのため、
リードフレームや金型の
一部を内製化することで
社外委託品の品質管理に
役立てると同時に、
供給面での安全性を担保

パッケージ
最先端のアッセンブリ技術と
高品質を誇る海外生産拠点

SiCrystal社は2009年にロームグループの
一員となったドイツのSiC単結晶ウエハメーカー

SiC単結晶ウエハメーカー

QUALITY and STABLE SUPPLY
垂直統合の生産体制で実現する高品質・安定供給
ロームでは、「品質第一」の「モノづくり」を追求しています。

材料段階から完成品までの製造工程をロームグループ内で完結させる「垂直統合」の生産体制により、

一貫した品質保証・安定供給と、災害などの不測の事態でも供給を継続できるBCM（事業継続マネジメント）体制を構築しています。

一般のファブレスメーカーやファンダリメーカーと比べて、自然災害や人的災害の影響をうけにくいビジネスモデルで、

お客様への安定供給に努めています。

また、ローム製品は現品より生産情報（生産時期もしくはロット情報）を取得可能で、

全工程の4M情報（Man、Machine、Material、Method）のトレーサビリティを実現しています。

ロームは、世界各地で開発・製造・販売活動を行っており、地震や洪水などの自然災害や感染症の蔓延、

または政情不安および国際紛争の勃発などによる人的災害によって、当該地域の生産や営業拠点が損害を

受ける可能性があります。このため、BCM（事業継続マネジメント）を経営における重要課題の一つであると

考えており、リスク分散のために生産ラインを世界の複数拠点に配置するなどの対策をとっています。

Photo Mask

シリコンカーバイド
SiC

シリコン
Si

Assembly Line

Silicon Ingot

CAD

Wafer

Frame

Frame & Dies

Wafer Process

Packaging

Module

会社名 LSI 半導体素子 モジュール その他

国 内

ローム浜松（株） ● ●

ローム・ワコー（株） ● ● ●

ローム・アポロ（株） ● ● ● ●

ローム・メカテック（株） ● ● ● ●

ラピスセミコンダクタ（株） ● ● ●

海 外

ROHM Korea Corporation ● ●

ROHM Electronics Philippines, Inc. ● ● ● ●

ROHM Integrated Systems (Thailand) Co., Ltd. ● ● ● ●

ROHM Semiconductor (China) Co., Ltd. ● ●

ROHM Electronics Dalian Co., Ltd. ●

ROHM Electronics (Malaysia) Sdn. Bhd. ●●

ROHM Mechatech Philippines, Inc. ● ● ●

ROHM Mechatech (Thailand) Co., Ltd. ●

SiCrystal GmbH ●

● ●

供給責任をはたすための事業継続マネジメント
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ロームは、機能安全を設計するお客様が快適（Comfy）に安全水準（Safety Integrity Level）対応製品を使うことができるように。

ロームが製品によって社会システムの安全・安心・快適に貢献できるように。

という想いのもと、ComfySIL™（コンフィシル）を立ち上げました。

このComfySIL™は、機能安全に向けたComfySIL™の思想に準ずる製品に与えられるものです。

T E C H N O L O G Y
PRODUCT and SOLUTION
幅広い製品群で最適なソリューションを提供 ロームは「回路設計」「レイアウト」「製造プロセス」の各技術のすり合わせにより、優れた特徴を持つさまざまな製品を開発しています。

IC

パワー半導体 /パワーデバイス

ディスクリートデバイス/パッシブデバイス/オプトデバイス

パワーダイオード パワーモジュールパワートランジスタ

インターフェースパワーIC

小信号半導体/小信号デバイス 抵抗器 オプトデバイス

汎用IC

4種の国際的ノイズ試験で、圧倒的な性能を達成可能

ロームは、抵抗器から半導体素子、IC、そしてモジュールまで、幅広く製品をラインアップしており、

さまざまな自動車分野・アプリケーションに向けて、システムレベルでの提案が可能です。

P R O D U C T

ISO 11452-2による国際的ノイズ評価試験において、全ノイズ周波数帯域での出力電圧変動が

±300mV以下というノイズ耐量を実現した製品にのみ与えられるブランド名です。

圧倒的なノイズ耐量により、システム開発におけるノイズ課題を解決することで、設計工数削減や高信頼化に貢献します。

圧倒的なノイズ耐量を実現した
「EMARMOUR™」オペアンプ

高EMI耐量オペアンプの開発コンセプト

半導体の端子に直接ノイズ信号を印加する試験。
入力端子にあらかじめフィルタを入れておくなど、
対策は比較的容易。

電子機器メーカーが一般的に実施する試験。
アンテナから電磁波を照射するため、
入力フィルタだけでは対策が困難。

携帯電話の普及により、採用する電子機器メーカー
が増えた試験。アンテナから電磁波を照射を
するため、入力フィルタだけでは対策が困難。

電子機器に接続されたワイヤーハーネスに、電流
注入プローブでノイズを印加する試験。強い電磁界
ノイズが励起した際に電子機器の耐性を評価する。

一般的な
高EMI耐量オペアンプ

フィルタの対策により
特定周波数帯だけノイズに強い

-

-

-

ノイズ評価試験概要

ノイズに
対する考え方

DPI試験
IEC 62132-4

電波放射
試験

ISO 11452-2

近接イミュニティ
試験

ISO 11452-9

BCI試験
ISO 11452-4

ローム EMARMOURTM

高EMI耐量オペアンプ

アプリケーション上
でのノイズ対策は、

電子機器メーカーに委ねる

アプリケーション上で
特別な対策をしなくても、
オペアンプがノイズで
誤動作しない事を目指す

ノイズに対する
出力電圧変動

±10mV以下を実現
回路設計

プロセス

回路と協調させた
プロセス

EMIフィルタ内蔵回路

耐ノイズを追求した
アナログレイアウト

■ SiC MOSFET
■ IGBT
■ Si-MOSFET

■ LED
■ レーザーダイオード
■ LEDディスプレイ
■ 光センサ

トランジスタ ダイオード 電流検出用 汎用

パワーマネジメント/電源IC
■ DC-DCコンバータIC
■ LDO
■ IPD（スマートスイッチ）

■ メモリ
■ オペアンプ
■ コンパレータ
■ リセットIC

■ SerDes IC
■ LVDSインターフェースIC
■ LINトランシーバ
■ CANトランシーバ

■ クロックタイマ
■ スイッチ/マルチプレクサ/ロジック
■ データコンバータ
■ センサ/MEMS
■ ディスプレイドライバ
■ 無線LSI
■ オーディオ/ビデオ
■ 音声合成LSI
■ マイクロコントローラ（マイコン）

■ SiC ショットキーバリアダイオード
■ ファストリカバリダイオード
■ ショットキーバリアダイオード

■ SiCパワーモジュール

EMARMOUR™

EMARMOUR™は、ローム株式会社の商標または登録商標です。ComfySIL™は、ローム株式会社の商標または登録商標です。

レイアウト

ドライバIC
■ ゲートドライバ
■ LEDドライバ
■ モータドライバ

コンデンサ容量を大幅に低減できる電源技術
「Nano Cap™」

車載150mA品（負荷電流変動に対する応答性能グラフ） 

*負荷変動時に出力電圧変動が小さく、リンギング（波形の振動）がないことを安定動作とする

Nano Cap™
技術搭載
「BD9xxN1」

一般品A

一般品B

出力コンデンサ容量2.2µF時
（一般品の仕様範囲内）

出力コンデンサ容量0.1µF（100nF）時
（一般品の仕様範囲外）

極小100nFから幅広いコンデンサ容量で、安定動作を実現

VOUT 5V出力
[100mV/div]

VOUT 5V出力
[100mV/div]

VOUT 5V出力
[100mV/div]

IOUT

[50mA/div]

⊿V=28mV⊿V=38mV ⊿V=52mV
⊿V=64mV

⊿V=138mV

⊿V=236mV

⊿V=110mV
⊿V=86mV

⊿V=206mV
安定動作

不安定

安定動作 リンギング
あり

安定動作

発振して
使えない

⊿V=180mV

「Nano Cap™」の効果: 車載プライマリLDOにおける安定動作比較

[500mV/div]

ローム調べ

負荷電流

）（ 変動量
1mA⇔50mA
Tr/Tf=1µ秒

従来技術の10分の１以下となる、極小100ｎF相当の出力コンデンサ容量でも安定動作できる超安定制御技術です。

この技術を搭載した電源ICは、アナログ回路のコンデンサに関する安定動作課題を払拭することで、

自動車や産業機器、民生機器などを問わず、幅広いアプリケーションの設計工数削減や小型化に貢献します。

ナノレベルの極小コンデンサ容量でも安定動作する 新回路搭載、車載LDOレギュレータ
「BD9xxN1シリーズ」を開発 

回路設計

レイアウト

プロセス

配線や干渉による
寄生要因を極小化

素子自体の
寄生要因を極小化

独自のフィードバック方式で
回路の応答性を向上

Nano Cap™

Nano Cap™は、ローム株式会社の商標または登録商標です。

4種の国際的ノイズ試験で、圧倒的ノイズ耐量を達成したオペアンプ「BD8758xYx-C」を開発

機能安全に向けた「ComfySIL™」ブランド

ロームの機能安全製品のカテゴリは3種類となります。
（2023年12月現在は、自動車分野のみに対応しています。）

・FS process compliant
  ASILレベルに準拠したISO 26262対応プロセスで開発したICであることを示します。

・FS mechanism implemented
  ASILレベルに必要な安全機構を搭載したICであることを示します。

・FS supportive
  車載向けに開発したICで、機能安全に関する安全分析のサポートをすることが可能であることを示します。

カテゴリ別提供資料一覧

IATF16949 プロセス対応

ISO 26262 プロセス対応

FMEA

FIT

FMEDA

Safety manual

‒

‒

*

FS
process compliant

FS mechanism
implemented FS supportive

*FS supportiveのFMEDAにはハードウェアアーキテクチャメトリック等の分析は含みません

‒

ComfySIL™に準ずる機能安全カテゴリと提供可能なドキュメント
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https://www.rohm.co.jp/functional-safety?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/support/nano?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2022-06-07_news_ldo&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/emarmour?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2021-06-10_news_emarmour&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


PRODUCT and SOLUTION
S O L U T I O N

ロームの総合力で、アプリケーションのニーズにあわせて最適なソリューションを提供します。

パワーデバイスによる駆動ソリューション

実使用を想定したモータベンチ評価

高精度シミュレーションで実機評価効率化をサポート

電源やインバータ回路に最適なパワーデバイス、デバイスを駆動するICなどの製品に加えて、

システムに最適な回路構成も提供・サポートしています。

ロームは、パワー半導体において、ディスクリートデバイスとしてのパッケージ展開はもちろんのこと、ベアチップ（Bare Die）やモジュールとしても

製品を提供しています。中でもxEVで省エネのキーデバイスとなるSiC MOSFETでは、各アプリケーションに向けた信頼性を確保したうえで、豊富

な製品形態・パッケージを展開しており、OEMメーカー、Tier1メーカー、モジュールメーカー問わず、さまざまなお客様にデバイスとソリューション

を提供しています。また、SiC MOSFETを駆動する絶縁ゲートドライバICや評価ボードの提供、ベアチップを使用したモジュールを設計する際のサ

ポートなども行っています。

ロームでは、自社内にモータベンチ（モータによる負荷を発生させる）評価が可能な設備を完備しています。ここでは、テストモータの先にパワー半導体

を搭載するモジュールを接続することで、主機インバータなどxEVアプリケーションを想定してパワー半導体を使用した際の効率や電費を計測する

ことができます。例えば、IGBTとロームの第４世代SiC MOSFET、それぞれを主機インバータに接続した場合、モータ効率分布では、IGBTより第４世代

SiC MOSFETの方が、高効率を示す赤色の分布が広い

ことが分かります。これらの結果をもとに、国際試験

「WLTC燃費試験」にて電費を評価すると、第４世代SiC 

MOSFETはIGBTと比較して、最大10%の電費を改善

できることが分かりました。

新世代のパワーデバイスは、スイッチングの高速化などにより、小型・高効率なパワーエレクトロニクス設計を可能にします。その反面、基板（実機）

では寄生インダクタンスの影響が顕著になり、一度の実機評価だけではデバイスの性能を十分に引き出すことが難しく、多くの実機試作が必要になる

ケースが増えてきています。このため、デバイスの採用検討において、実機試作の繰り返し（手戻り）削減を目的に、シミュレーション活用によるフロ

ントローディング設計が進んでいます。ロームは、寄生インダクタンスなど実機評価における課題に対応した、高精度のシミュレーションモデルや

ツールを提供しており、お客様の実機評価効率化や開発工数削減に貢献しています。
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第4世代SiC MOSFETとIGBTのインバータ効率比較

ロームのモータベンチ評価設備
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第4世代SiC MOSFET

高トルク・低回転域の
効率が大幅に改善

高効率領域
も拡大

[試験条件]
走行パターン：WLTC Class 3b
想定車両：Cセグメント EV
試験モータ：永久磁石同期モータ（100kW、800V）
デバイス：SiC vs IGBT（1200V）

豊富な製品形態による広範なビジネス

Module
モジュール

Discrete
ディスクリート

Bare Die
ベアチップ

Wafer

ウエハからデバイス設計、パッケージングまでを自社の生産工程で完結できるため、
豊富な製品形態・パッケージ展開によって、さまざまなお客様にデバイスとソリューションを提供可能です。

Customer
お客様

OEMメーカー

Tier1メーカー

モジュールメーカー

負荷モータ

テストモータ

フロントローディング設計を採用した開発フロー

システム設計

部品設計 部品評価

システム評価

Buffer
Clump

Snubber

Isolated DC-DC

Power Device

Current Sense

Isolated Gate Drive

Isolation

DC-DC IC

GDIC

VCC

VEE

Amplifier

Shunt 
Resistor

実機による評価

実機試作

シミュレーション
   による評価

ロームは高精度な
シミュレーションモデルで
実機評価の効率化に貢献します

設計フェーズ 試作・評価フェーズ

絶縁DC-DCコンバータIC
独自の制御技術により、フォト
カプラレスでも安定して出力
することができます。

絶縁ゲートドライバIC
安全性を確保するために絶縁
させながら、SiC MOSFETや
IGBTなどを素早く適切に駆動
することが可能です。

シャント抵抗器
アンプ

超低抵抗のシャント抵抗器が
検出した電流値を、低オフ
セットのオペアンプが増幅す
ることで、高精度の電流検出
ソリューションを構築できます。

SiC MOSFET
SiCパワーモジュール
業界トップクラスの低オン抵抗デバイス
をさまざまな製品形態で提供することで、
システムの高効率化に大きく貢献します。

ロームが提供する高精度な
シミュレーションモデルやツール
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PRODUCT and SOLUTION

S U P P O R T

ロームでは、お客様のあらゆる開発ステージで課題解決に貢献する設計サポートコンテンツを

ローム公式Webサイトで公開しており、即座に入手可能です。

設計時に必要な製品単位のコンテンツおよびパワー半導体の性能を最大限に引き出す

駆動ICとのアプリケーション回路など、すぐにお客様の回路に設計流用できるソリューションを提供しています。

お客様の開発ステージに沿った設計サポート

回路構成に最適なデバイス提案「トポロジーセレクション」

 「トポロジーセレクション」 は、お客様のアプリケーションで使われる回路構成（トポロジー）において、最適なデバイスを紹介します。

回路を構成するデバイスの組み合わせを参照する事で、部品選定工数を削減できます。

 「リファレンスデザイン」 は、アプリケーションを回路レベルで評価済みの

設計データです。回路図、部品表（BOM）、評価データ、

基板のガーバーデータを公開しており、設計流用が容易です。

一部の基板は販売もしており、

実機検証用の基板開発を不要にします。

電子回路シミュレーションはもちろん、

熱や光シミュレーションを行う際に必要となる、

熱モデル、PLECSモデル、Rayファイルなどの

各種デザインモデルを公開しています。

使い方についてもアプリケーションノートでサポートしています。

評価済みの設計データ「リファレンスデザイン」

ツールと用途に応じた各種デザインモデル
SPICE/PSpice®

非暗号SPICE

PLECS®

パワー半導体限定

熱モデル

IBISモデル
EEPROMなど

LTspice®

半導体素子限定

Rayファイル
オプト製品限定

トポロジーセレクション

リファレンスデザイン

ROHM Solution Simulator 

リンク      の無いコンテンツは、各製品ページからご覧ください
開発着手

・回路トポロジーから推奨デバイスを確認する
  ▶トポロジーセレクション

・リファレンスデザインを確認する
  ▶リファレンスデザイン

・市場動向、技術動向を確認する
  ▶White Paper

  ▶カタログ・リーフレット

・アプリケーションからデバイスを確認する
  ▶アプリケーションブロック図

・製品の詳細特性を確認する
  ▶データシート

  ▶アプリケーションノート

・回路シミュレーションをする
  ▶デザインモデル      （SPICE/PSpice®       LTspice®       PLECS®       
      熱モデル       Rayファイル       IBISモデル      ）

  ▶設計計算ツール（Calculation Sheet      ）

  ▶ROHM Solution Simulator

  ▶アプリケーションノート

・製品を評価する
  ▶製品サンプル・評価ボード（EVK）

・基板を設計、試作基板を評価する
  ▶PCBライブラリ
  ▶パッケージ情報
  ▶アプリケーションノート

・量産の準備をする
  ▶環境データ
  ▶製造工場情報量産

〈 初期検討・部品選定 〉

〈 回路設計・シミュレーション 〉

〈 基板設計・評価 〉

〈 量産準備 〉

 「ROHM Solution Simulator」 は、

ローム公式Webサイト上で動作する

無償の電子回路シミュレーターです。

初期検討からシステムレベルの

動作検証まで、幅広く活用できます。

ロームが提供するパワー半導体と、

駆動や電源用途などの各種IC、

およびシャント抵抗器などの受動部品を、

ユーザーの実環境に近いソリューション回路で

簡単かつ高精度に一括検証することができます。

リファレンスデザイン 
「REFRPT001」用
リファレンスボード

200回路
以上

パワー半導体と各種ICを一括検証できる「ROHM Solution Simulator」

  ▶リファレンスデザイン

  ▶ROHM Solution Simulator

ソリューション回路を選択

STEP1

ソリューション回路上で
デバイス選択と値変更

STEP2
シミュレーション実行と
結果のモニタリング

STEP3

外部PQ-Eツールへ回路を
コピーし独自編集

STEP5
サンプル注文

STEP4

PSpice® はCadence Design Systems, Incの登録商標です。LTspice®はアナログ・デバイセズ社の登録商標です。 PLECS®はPlexim, Incの登録商標です。

AC-DC

Boost PFC Interleaved Boost PFC Totem-Pole Bridgeless PFC
(Diode Rectification)

Totem-Pole Bridgeless PFC
(Synchronous FETs)

DC-DC

Phase Shifted Full Bridge Converter
(Diode Rectifier)

LLC Converter
(Full Bridge, Synchronous FETs)

Phase-Shifted Full Bridge Converter
(Synchronous FETs)

LLC Converter
（Full Bridge, Diode Rectifier）
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https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=White%20Paper&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/brochure?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/applications?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/topology?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/reference-designs?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/reference-designs?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution-simulator?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/support/design-model?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=SPICE%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=LTSpice%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=PLECS%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=Thermal%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=Ray%20File&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=IBIS%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=Calculation%20Tools&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution-simulator?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/topology?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/reference-designs?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=SPICE%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=PLECS%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=LTSpice%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=Thermal%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=Ray%20File&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/search/application-notes/-/application-notes/search?DocType=IBIS%20Model&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution-simulator?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


PRODUCT
Power Stage

SiC MOSFETs

IGBT

High Voltage Resistance Chip 
Resistors

Current and Voltage Sense

Current Detection Resistors
(Shunt Resistors)

Current Detection Ampli�ers 

Isolated Gate Driver

Isolated Gate Drivers

Buffer/Miller Clamp

Bipolar Transistors

MOSFETs

Schottky Barrier Diodes

Standard Recti�er Diodes

Resistors

Backup Power Management

SiC MOSFET

Schottky Barrier Diodesv

Isolated DC-DC

Flyback Power Supply

MOSFETs

Schottky Barrier Diodes

Power Management

Switching Regulators

Linear Regulators

Schottky Barrier Diodes

MOSFETs

Resistors

Interface

CAN Transceiver

Transient Voltage
Suppressor Diodes

Protection

Smart Low/High Side Switch ICs (IPDs)

Schottky Barrier Diodes

Transient Voltage Suppressor Diodes

Signal Control/General Purpose

EEPROMs

Operational Ampli�ers

Comparators

RESET ICs

MOSFETs

Diodes

Resistors

■  SiCサポートページ

関連サポートページ

主機インバータは、バッテリーに蓄えられた直流電力を三相の交流電力に変換し、モータを駆動する役割を担います。

従来インバータのパワーデバイスには、IGBTが使われていましたが、

xEVの航続距離延伸やインバータユニットの小型化を目的に、SiC MOSFETの採用が進みました。

ロームは、業界トップクラスの低オン抵抗を実現したSiC MOSFETを、ベアチップからモジュールまで

インバータのニーズに合わせた仕様・形状で提供することで、xEVの航続距離延伸などに大きく貢献しています。

主機インバータ/トラクションインバータ

TRACTION INVERTER

主機インバータ

B L O C K  D I A G R A M

xEV

Body ECU

ADAS/Infotainment

LED Lighting

航続距離の延伸を
パワーソリューションで
最大限にサポート

高電圧から低電圧まで、
システムが求める
デバイスを
システムレベルで提供

高機能化する
アプリケーションで
高信頼のシステムを構築

先進的デバイスが
車載ライティング機器の
進化に貢献

TRACTION INVERTER

AUTOMOTIVE 
DC-DC CONVERTER

ON BOARD CHARGER

P12

P13

P14

BODY CONTROL MODULE

ELECTRIC COMPRESSOR

P15

P16

ADAS ELECTRONIC 
CONTROL UNIT

ADAS LIGHT DETECTION 
AND RANGING

ADAS CAMERA SYSTEM

TFT CLUSTER AND CENTER  
INFORMATION DISPLAY

HEAD UP DISPLAY

DASHBOARD CAMERA

P17

P19

P23

P24

P21

P20

FRONT LIGHT WITH 
ADAPTIVE DRIVING BEAM

REAR LIGHT WITH 
ANIMATION

P25

P26

: ROHM Group product category
  (Discrete device)

: ROHM Group product category
  (Contact us)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

Low Voltage

Gate Driver

SiC MOSFET

SBD

SBDMOSFET Low
Ohmic

Resistor

SBDMOSFET Low
Ohmic

Resistor

Low
Ohmic

Resistor

SBD

Diode

Backup Power Management

Power StageActive Discharge

Isolated DC-DC

Power ManagementProtection Signal Control Buffer/
Miller Clamp

Current and 
Voltage 
Sense

Interface

Bipolar
Transistor

MOSFET

SBD

Diode

Resistor

SBD

MOSFET

TVS

TVS

CAN
Bus

Resistor

SiC MOSFET
Si MOSFET

HV Battery

Linear
Regulator

Switching
Regulator

Temperature,
Diagnosis

CAN
Transceiver

Battery

Flyback
Power
Supply

Isolated
Gate

Driver

Isolator

Motor
3~

Resolver

High Voltage

Flyback
Power
Supply

IPD

Op Amp

Op Amp

Temperature

ADC/DAC

Op Amp

Comp

EEPROM

Reset/WDT

MCU

xEV Body ECU ADAS/Infotainment

SiC MOSFET、ゲートドライバIC: 

業界トップクラスの性能を誇るSiC MOSFET

を、ニーズに合わせてベアチップ、モジュールの
製品形態で提供できるだけでなく、S iCデバ
イスの実力を引き出すゲートドライバICも提供

HIGHLIGHT PRODUCT

LED Lighting
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https://www.rohm.co.jp/products/power-management/gate-drivers/isolated-gate-drivers?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/rectifier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/sic-power-devices/sic-mosfet?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/dc-dc-converters-ics?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?selectedTabIndex=2&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/power-device-support?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


Power Converter

SiC Power Devices

IGBT

Fast Recovery Diodes

High Voltage Resistance
Chip Resistors

Current Detection Resistors

PFC

SiC Power Devices

IGBT

Fast Recovery Diodes

Isolated Gate Driver

Isolated Gate Drivers

Buffer/Miller Clamp

Bipolar Transistors

MOSFETs

Schottky Barrier Diodes

Standard Recti�er Diodes

Resistors

Current and Voltage Sense

Current Detection Resistors

Current Detection Ampli�ers

Isolated DC-DC

Flyback Power Supply

MOSFETs

Schottky Barrier Diodes

Power Management

Switching Regulators

Linear Regulators

Smart Low/High Side 
Switch ICs (IPDs)

Schottky Barrier Diodes

MOSFETs

Resistors

Interface

CAN Transceivers

Transient Voltage 
Suppressor Diodes

Signal Control/General Purpose

EEPROMs

Operational Ampli�ers

Comparators

RESET ICs

MOSFETs

Diodes

Resistors

Power Management

Switching Regulators

Linear Regulators

Schottky Barrier Diodes

MOSFETs

Resistors

Interface

CAN Transceivers

Transient  Voltage 
Suppressor Diodes

Protection

Smart Low/High Side Switch ICs (IPDs)

Schottky Barrier Diodes

Transient Voltage 
Suppressor Diodes

Signal Control/General Purpose

EEPROMs

Operational Ampli�ers

Comparators

RESET ICs

MOSFETs

Diodes

Resistors

Isolated Gate Driver

Isolated Gate Drivers

Gate Drivers

Isolated DC-DC

Flyback Power Supply

MOSFETs

Fast Recovery Diodes

Schottky Barrier Diodes

HV Converter

SiC MOSFETs

Current Detection Resistors

Bridge Rectifier

MOSFETs

Current and Voltage Sense

Current Detection Resistors
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Resistors

Current Detection Ampli�ers

DC-DCコンバータは、バッテリーが蓄えた高電圧に対して、

パワーデバイスによるスイッチングや整流などを経てシステムが求める直流の低電圧へ変換します。

ロームは、DC-DCコンバータに向けてSiC MOSFETや絶縁に対応する

駆動IC・制御IC、各種電源IC、そして電流検出用のシャント抵抗器まで

幅広くラインアップしており、高効率かつ高信頼の車載電源実現に貢献しています。

DC-DCコンバータ

AUTOMOTIVE 
DC-DC CONVERTER

PRODUCT PRODUCT

■  On Board Charger

関連トポロジーセレクション関連記事

■  定格電力12Wクラスで業界最低背0.85mmの金属板シャント抵抗器「PSR350」を開発

Automotive DC-DC Converter
オンボード・チャージャー(OBC) 単方向 オンボード・チャージャー(OBC) 双方向

ON BOARD CHARGER

オンボードチャージャーは、家庭や民間・公共施設から提供された交流電圧を直流電圧に変換し、

電気自動車（xEV）のバッテリーに充電する役割を担います。

同時に、自動車に蓄えた電力を他でも利用できるようにすることも求められます。

ロームは、急速充電や双方向充電のニーズに対して、SiC SBDやSiC MOSFETなどSiCデバイスはもちろん、

回路トポロジーも提供することで、xEVの利便性向上をサポートしています。

オンボードチャージャー/車載充電器

: ROHM Group product category
  (Discrete device)

: ROHM Group product category
  (Contact us)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

: ROHM Group product category
  (Discrete device)

: ROHM Group product category
  (Contact us)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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シャント抵抗器 :  電源やインバータ回路の電流検出用途に
適した金属板の超低抵抗シリーズ。超低背製品もラインアップに
加え、より幅広いアプリケーションでの高精度電流検出に対応

HIGHLIGHT PRODUCT

SiC SBD:  車載品質をいち早く確立し、2012年にオンボードチャー
ジャー向けに提供を開始して以来、幅広い車載アプリケーションで採用中

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED LightingxEV Body ECU ADAS/Infotainment LED Lighting
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ボディコントロールモジュール（BCM)は、車載ボディ全般の機能を制御するECUで、

HVAC、車内外の照明、ドア、窓、ミラー、ワイパーを集中コントロールします。

自動車の電動化が進む中、快適性・安全性・エコを実現するためにBCM機能は拡大傾向にあります。 

ロームは、ハーネスや車両の軽量化に貢献できるLIN/CANなどの多重通信ICや、

低消費のDC-DCコンバータIC、機能安全性能を向上可能なIPDで、BCMの進化に貢献します。

ボディコントロールモジュール

BODY CONTROL MODULE

PRODUCT PRODUCT

関連記事

■  独自の回路・デバイス技術「TDACC™」で、安全動作と電力損失低減に貢献する小型インテリジェントパワーデバイスを開発

関連記事

■  AEC-Q101に準拠した、車載向け1200V耐圧IGBT「RGSシリーズ」を開発

Electric Compressor HV Heater/PTC Heater

Body Control Module

ELECTRIC COMPRESSOR

電動コンプレッサーでは、xEVの空調用モータを効率よく動作させるために、高電圧・高信頼・高効率のパワー半導体が求められます。

ロームが開発したIGBTは、短絡耐量に優れ、低損失を実現しており、電動コンプレッサーの安定動作に寄与しています。

電動コンプレッサー
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: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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IGBT: 低損失で短絡耐量に優れるデバイスをアプリケー
ションに応じた耐圧でラインアップ。電動コンプレッサー
など低周波駆動のアプリケーションでの採用に最適

HIGHLIGHT PRODUCT
IPD: 電源保護や負荷駆動素子として、寿命・
静音性・信頼性に優れるだけでなく、デバイス
と回路の技術融合により小型・低発熱も実現

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED LightingxEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/products/led/chip-leds-mono-color-type/automotive/ledcatalog?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?selectedTabIndex=2&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2022-11-24_news_ipd&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/body/e-compressor?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/body/e-compressor?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/body/hv-heater?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/igbt?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/gate-drivers/igbt-mosfet-high-low-side-gate-drivers?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/power-management/gate-drivers/isolated-gate-drivers?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/diodes/fast-recovery-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.com/products/power-management/dc-dc-converters-ics?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?selectedTabIndex=2&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2019-05-09_news_igbt&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


自動運転システムの先駆けでもある先進運転支援システム（ADAS）は、昨今の自動車で安全を実現するためになくてはならない存在であり、

より安全なシステムの構築に向けて、ECU（電子制御ユニット）や要となるマイコンの高性能化が進んでいます。

ロームは、高性能化が進むシステムを安全に動作させる電源ICやディスクリートデバイスを幅広く取り揃えており、

システムの進化をサポートしています。

ADAS ECU

ADAS ELECTRONIC 
CONTROL UNIT

ADAS ELECTRONIC CONTROL UNIT

CISPR25テスト済 車載ADAS/Info-Display用
 8系統パワーツリー リファレンスデザイン「REFRPT001」

関連記事

「REFRPT001」は、センターインフォメーションディスプレイ（CID）などのインフォテインメント機器や、

ADAS ECU向けに開発された電源のリファレンスデザインです。アプリケーションに最適な電源構成を実現しているだけでなく、

自己診断機能を備えた２つの電圧監視ICが全電源系統の出力を監視して、機能安全レベルの向上にも貢献します。

リファレンスボードでは全ての電源動作時でCISPR 25 Class 5をクリアする優れたEMC性能と、

高効率なDC-DCコンバータICの分散配置による低発熱特性を備えています。

CISPR25テスト済 車載ADAS/Info-Display用
8系統パワーツリー リファレンスデザイン「REFRPT001」

デザインリソース例

回路図 部品表 ブロック図

特徴

■   車載インフォテインメント/ADAS向け
8系統のパワー・ツリーリファレンスデザイン

■   全DC-DCコンバータは2.2MHz以上のSW周波数で動作
■   機能安全に貢献する8系統電圧モニタリング
■   コモンモードフィルタなしで、EMC CISPR25 Class 5に
合格することをテスト済

■   熱テスト済

リファレンスボード名

入力電圧

出力系統

出力電圧

EMC性能

サイズ

仕様

REFRPT001-EVK-001

9.0V to 16.0V

8系統

5.0Vx2/3.3Vx2/1.8V/1.5V/1.25V/1.0V

CISPR25 Class 5をクリア

121.9mm × 96.5mm

ADAS ECU

■  業界トップクラスの安定動作を実現した、先端ADAS向けDC/DCコンバータIC「BD9S402MUF-C」を開発
■  ナノレベルの極小コンデンサ容量でも安定動作する 新回路搭載、車載LDOレギュレータ「BD9xxN1シリーズ」を開発

Power Management

PMIC

Switching Regulators

Linear Regulators

Schottky Barrier Diodes

MOSFETs

Resistors

Protection

Smart Low/High Side Switch ICs (IPDs)

Schottky Barrier Diodes

Transient Voltage Suppressor Diodes

Interface

SerDes

CAN Transceiver

Transient Voltage Suppressor Diodes

General Purpose

Operational Ampli�ers

Comparators

RESET ICs

MOSFETs

Bipolar Transistors

Diodes

Resistors 　

PRODUCT Reference
Designator Type Value Description Manufacturer

Part Number Manufacturer Package, Size(mm)

U1 Buck DC/DC Converter BD9P105EFV-C ROHM HTSSOP-B20
C10 Ceramic Capacitor 1µF 10%, X7R, 50V GCJ31MR71H105K Murata 3216
C11 Ceramic Capacitor 0.1µF 10%, X7R, 50V GCM155R71H104K Murata 1005
C12 Ceramic Capacitor - Not installed - - 1608
C13 Ceramic Capacitor 22μF 10%, X7R, 10V GCM32ER71A226K Murata 3225
C14 Ceramic Capacitor 1µF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C15 Ceramic Capacitor 0.1µF 10%, X7R, 50V GCM155R71H104K Murata 1005
C16 Ceramic Capacitor - Not installed - - 1005
R10 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
R11 Resistor 8.2kΩ 1 %, 1/16W MCR01MZPF8201 ROHM 1005
R12 Resistor 43kΩ 1 %, 1/16W MCR01MZPF4302 ROHM 1005
R13 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
R14 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
R15 Resistor - Not installed - - 1005
R16 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
R17 Resistor - Not installed - - 1005
R18 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
L11 Inductor 4.7µH 30%, 0.023Ω, 3.6A CLF6045NIT-4R7N-D TDK W6.0 x H4.5 x L6.3
R101 Resistor - Not installed - - 1005
R102 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
D11 LED Green SML-D12FWT86 ROHM SML-D12X8
R100 Resistor 470 1%, 1/10W MCR03EZPF4700 ROHM 1608
MODE1 Header Pin 3x1 PH-1X3SG USECONN 3x1
EN1 Header Pin 3x1 PH-1X3SG USECONN 3x1
SSCG1 Header Pin 3x1 PH-1X3SG USECONN 3x1

Reference
Designator Type Value Description Manufacturer

Part Number Manufacturer Package, Size(mm)

U2 Buck DC/DC Converter BD9P205EFV-C ROHM HTSSOP-B20
C20 Ceramic Capacitor 1µF 10%, X7R, 50V GCJ31MR71H105K Murata 3216
C21 Ceramic Capacitor 0.1µF 10%, X7R, 50V GCM155R71H104K Murata 1005
C22 Ceramic Capacitor - Not installed - - 1608
C23 Ceramic Capacitor 47μF 10%, X7R, 6.3V GCM32ER70J476K Murata 3225
C24 Ceramic Capacitor 1µF 10%, X7R, 50V GCM21BR71C105K Murata 2012
C25 Ceramic Capacitor 0.1µF 10%, X7R, 50V GCM155R71H104K Murata 1005
C26 Ceramic Capacitor - Not installed - - 1005
R20 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
R21 Resistor 15kΩ 1 %, 1/16W MCR01MZPF1502 ROHM 1005
R22 Resistor 47kΩ 1 %, 1/16W MCR01MZPF4702 ROHM 1005
R23 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
R24 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
R25 Resistor - Not installed - - 1005
R26 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
R27 Resistor 10 kΩ 1 %, 1/16W MCR01MZPF1002 ROHM 1005
R28 Resistor - Not installed - - 1005
L21 Inductor 4.7µH 30%, 0.023Ω, 3.6A CLF6045NIT-4R7N-D TDK W6.0 x H4.5 x L6.3
R201 Resistor - Not installed - - 1005
R202 Jumper 0Ω 0Ω MCR01MZPJ000 ROHM 1005
D21 LED Orange SML-D12D1WT86 ROHM SML-D12X8
R200 Resistor 470 1%, 1/10W MCR03EZPF4700 ROHM 1608
MODE2 Header Pin 3x1 PH-1X3SG USECONN 3x1
EN2 Header Pin 3x1 PH-1X3SG USECONN 3x1
SSCG2 Header Pin 3x1 PH-1X3SG USECONN 3x1

+B ：
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：

：

：

：

：

：

：

＋
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（ ）

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

Steering

EFI

Brake/Stability

Power Train ECU

Sensor Unit

CID

Cluster

HUD

Display

Op Amp

Comp

Reset/WDT

General Purpose

PMIC

Power Management

CAN
Transceiver

Sensor Interface SoC

SBD

Protection

TVS

TVS

CAN
Transceiver

ECU Interface

TVS

IPD

SerDes

Display Interface

SerDes

Linear
Regulator

Switching
Regulator

Center
SoC

Interface
SoC Resistor

Diode

MOSFET

Bipolar
TransistorCamara

Radar

Lidar

Sonar

Battery
SBDMOSFET Resistor

DC-DCコンバータIC、LDO: 独自のアナログ設計技術で、負荷電流の
変動に対して極めて高い安定性と、出力コンデンサ容量の削減を実現

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/solution/automotive/adas/adas-ecu?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-ecu?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/serdes-ics?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?selectedTabIndex=2&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/transistors/bipolar-transistors/automotive-bipolar-transistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.com/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2022-08-02_news_dcdc&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2022-06-07_news_ldo&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/reference-designs/refrpt001?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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ADASや自動運転（AD）において、周囲のセンシングは、LiDAR、カメラ、ミリ波レーダー、超音波ソナーの4種類で行います。

その中で、自動運転レベルの向上に伴い、より正確に距離測定・空間認識を行うことが求められており、LiDARの採用が進んでいます。 

ロームは、高出力レーザーダイオードをGaN HEMTで駆動することにより、

LiDARの長距離対応・高精度化を実現するソリューションの開発を進めています。

ADAS LiDAR

ADAS LIGHT DETECTION 
AND RANGING

ADAS CAMERA SYSTEM

ADASや自動運転（AD）では、より安全なシステムの構築に向けて、SoCやマイコンはもちろん、

通信や電源にも機能安全を考慮した安全性能が強く求められるようになりました。

併せて、車載カメラモジュールは、搭載数が増加し、性能向上が求められる一方で、

カメラの搭載スペースやバッテリーの供給電力には限りがあるため、基板の小型化や低消費電力化への要求も高まっています。

ロームは、機能安全に向けた製品開発に注力するなかで、ADASの各種モジュールに最適な電源ICや

通信インターフェースICをラインアップしており、より安全なシステムの実現に大きく寄与しています。 

ADASカメラシステム

PRODUCT PRODUCT

関連記事

■  機能安全規格「ISO 26262」準拠、 次世代自動車のカメラモジュール向けPMICを開発
■  SerDes IC「BU18xMxx-C」及びカメラ向けPMIC「BD86852MUF-C」を開発

関連記事

■  LiDAR用120W高出力レーザーダイオード「RLD90QZW8」を開発

ADAS LiDAR ADAS Sonar ADAS Radar ADAS Camera System

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category : ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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レーザーダイオード :  狭発光幅のレー
ザーダイオードを高速に駆動することで、
L iDARの長距離対応・高精度化を実現

HIGHLIGHT PRODUCT

PMIC、SerDes IC: 「低消費」「低ノイズ」の特長に加えて、機能安全
にも対応したADASカメラシステム向け電源・通信ソリューション

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED LightingxEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/solution/automotive/adas/adas-lidar?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-lidar?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-sonar?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-radar?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?SearchWord=bv&PS_IpdCurrentConsumption=200|2000|2400|2700|3000|3500|6000|5000&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#subcategorysearch
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes?page=1&PS_CommonStandard=AEC-Q101%20(Automotive%20Grade)&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productFamily
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode?PS_CommonStandard=AEC-Q101%20(Automotive%20Grade)&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system/automotive?PS_ProductSeries=PMIC%20for%20ADAS%20Applications|PMIC%20for%20Automotive%20R-Car%20Series&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/power-management/linear-regulators?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors/watchdog-timeout?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode?PS_CommonStandard=AEC-Q101%20(Automotive%20Grade)&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?page=1&PS_ProductSeries=BR24H-5AC|BR25H-5AC&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productFamily
https://www.rohm.co.jp/products/power-management/voltage-detectors?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/switching-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/gate-drivers/gan-gate-drivers?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/laser-diodes/high-power-lasers?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/motor-actuator-drivers/dc-brush-motor?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#getDriverEPF
https://www.rohm.co.jp/news-detail?news-title=2023-09-28_news_laser-diode&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-camera-system?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/adas-camera-system?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/serdes-ics?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/news-detail?news-title=2022-05-20_news_pmic&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2021-06-03_serdes-pmic&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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6ch車載パネルバックライトアプリケーション向け
白色LEDドライバリファレンスデザイン「REFLED003」

TFT CLUSTER AND CENTER 
INFORMATION DISPLAY

TFT CLUSTER AND CENTER INFORMATION DISPLAY

自動車の電動化やADAS・自動運転システムの高度化によって、液晶パネルを採用するクラスタやCIDもより高精細で高機能になっています。

ロームは、液晶パネルモジュールに向けて、パネルドライバICやタイミングコントローラ、液晶バックライト用LEDドライバなど、

最新の車載ディスプレイが必要とするキーデバイスを各種取り揃えています。

クラスタ・CID

PRODUCT

TFT Cluster and Center Information Display (CID)

「REFLED003」は、車載LCDバックライトLED駆動用のリファレンスデザインです。

要となるLEDドライバIC「BD82A26MUF-M」は、LED端子の最大電圧が50Vで、

LED駆動用のカレントドライバを6ch内蔵しているため、

大型液晶パネルや高輝度LEDの駆動に適しています。 

調光制御では、PWM信号によって最大20,000:1@100Hzでの

調光が可能なほか、アナログ調光にも対応しており、

PWM調光と組み合わせることで

さらなる高輝度域にも対応することができます。

6ch車載パネルバックライトアプリケーション向け
白色LEDドライバ リファレンスデザイン「REFLED003」

デザインリソース例

回路図 部品表 レイアウト

特徴

■   車載パネル用バックライト向けリファレンスデザイン
■   BD82A26MUF-Mの昇圧動作に対応
■   熱特性試験済み
■   PCBデザインファイルあり

リファレンスボード名

入力電圧

出力系統

出力電流

トポロジー

LED

サイズ

仕様

REFLED003-EVK-001

7V to 18V

6系統

120mA/ch

昇圧

8pcs 750mA

60mm × 80mm

REFLED003-EVK-002

7V to 18V

6系統

120mA/ch

昇圧

12pcs 625mA

60mm × 80mm

REFLED003-EVK-003

7V to 18V

6系統

125mA/ch

昇圧

8pcs 750mA

60mm × 80mm

REFLED003-EVK-004

7V to 18V

6系統

104mA/ch

昇圧

12pcs 625mA

60mm × 80mm

No Package Parameters Part name(series) Type Manufacturer
CB1 1005 0.1μF, X7R, 50V GCM155R71H104KE02 Ceramic Murata
CB2 3225 10μF, X7S, 50V GCM32EC71H106KA03 Ceramic Murata
CM1 L12.9 x W6.6 x T9.4mm Open - - -
L1 W7.0 x H4.5 x L7.4mm 4.7μH, 4.1A CLF7045NIT-4R7N-D Inductor TDK

CVCC1 1005 Open - Ceramic -
CVCC2 Φ10 x 10mm 220μF, 50V Nichicon UCD series Electrolytic Nichicon
CVCC3 2012 1μF, X7R, 50V GCM21BR71H105KA03 Ceramic Murata
RCSH 1632 27mΩ, 1.0W LTR18 series Resistor ROHM

M1 TO-252 -40V. -40A RD3G04BBJFRA MOSFET ROHM
CIN1 3225 10μF, X7S, 50V GCM32EC71H106KA03 Ceramic Murata
CIN2 1005 0.1μF, X7R, 50V GCM155R71H104KE02 Ceramic Murata
D1 PMDTM 60V, 5A RB088LAM-60TF SBD ROHM
L2 W10.5 x H6.5 x L10.0mm 33μH, 3.9A SPM10065VT-330-D Inductor TDK
RG 2012 10Ω, 1/8W MCR10 series Resistor ROHM
M2 HSMT8AG 60V, 12A RQ3L120BKFRA MOSFET ROHM

RCSL 1632 56mΩ, 1.0W LTR18 series Resistor ROHM
RCS 1005 Short - Resistor -
CCS 1005 Open - Ceramic -
D2 PMDTM 60V, 5A RB088LAM-60TF SDB ROHM

COUT1 1005 0.01μF, X7R, 50V GCM155R71H103KA55 Ceramic Murata
COUT2 1005 0.1μF, X7R, 50V GCM155R71H104KE02 Ceramic Murata
COUT3 3225 10μF, X7S, 50V GCM32EC71H106KA03 Ceramic Murata
COUT4 3225 10μF, X7S, 50V GCM32EC71H106KA03 Ceramic Murata
COUT5 Φ8 x 10mm 68μF, 50V GYA1H680MC Hybrid Nichicon
COUT6 1005 Open - Ceramic -
RISET 1005 20kΩ, 1/16W MCR01 series Resistor ROHM
RRT 1005 33kΩ, 1/16W MCR01 series Resistor ROHM

ROVP1 1005 11kΩ, 1/16W MCR01 series Resistor ROHM
ROVP2 1005 330kΩ, 1/16W MCR01 series Resistor ROHM
COVP 1005 Open - Ceramic -

RDIMSEL1 1005 Short - Resistor -
RDIMSEL2 1005 Open - Resistor -

RPLS1 1005 100kΩ, 1/16W MCR01 series Resistor ROHM
RPLS2 1005 100kΩ, 1/16W MCR01 series Resistor ROHM
RPC 1005 200Ω, 1/16W MCR01 series Resistor ROHM
CPC1 1608 1μF, X7R, 16V GCM188R71C105KA49 Ceramic Murata
CPC2 1005 Open - Ceramic -

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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Memory

Reset/WDT

Signal Control

MCU
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LCD

MOSFET Low
Ohmic

Resistor

Diode

SBDMOSFET

SBDMOSFET Resistor

SBD

Protection

TVS

IPD

LED

高精細液晶パネルモジュール向けチップセット:  ゲートドラ
イバ、ソースドライバ、タイミングコントローラ（T-CON）、
それらを確実に動作させる電源IC（PMIC）などで構成される。
各 ICが相互に監視を行うことで高い機能安全性能を実現

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/solution/automotive/infotainment-and-cluster/cluster-and-cid?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/infotainment-and-cluster/cluster-and-cid?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/speech-synthesis-lsi/automotive-grade/external-memory/ml22530-product?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers?PS_ProductGradeText=Automotive&OutputCount_num=2.0|4.0|6.0|8.0|12.0|17.0|24.0|1.0E21&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/serdes-ics?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/display_tft-lcd-driver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/display_tft-lcd-driver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system/lcd-panels?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/led/chip-leds-mono-color-type/standard?page=1&SearchWord=csl1104wb&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.com/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/reference-designs/refled003?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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HEAD UP DISPLAY

ヘッドアップディスプレイ（HUD）は、光源からフロントガラスやコンバイナ（半透明の小型パネル）に

速度や車両情報などを投影することで、運転時の目線移動負荷を減らし疲労を軽減します。

ロームは、抵抗器からディスクリート半導体、ICと幅広く小型製品をラインアップするなかで、

低消費かつ機能安全性を確保したHUD向けステッピングモータドライバも提供しており、HUDの省エネ・小型化に貢献しています。

ヘッドアップディスプレイ(HUD)

DASHBOARD CAMERA

自動車の安全性能が向上することに合わせて、不慮の事態に対する防衛策やさらなる安全性向上のために、

ドライブレコーダー（Dashboard Camera）の価値がますます高まっています。

ロームは、Wettable Flankパッケージを採用した超小型小信号デバイス（MOSFET, SBD）をはじめ、

小型・高信頼の汎用製品を多数ラインアップしており、安心・安全をもたらす高機能なアプリケーションの実現に貢献しています。

ドライブレコーダー

PRODUCT

PRODUCT

関連記事

■  車載向け業界最小クラス、１mm角の超小型MOSFETを開発

Head Up Display (HUD)

Dashboard Camera

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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ステッピングモータドライバ :  低オン抵抗・小型パッ
ケージ採用で小型車載アプリケーションに最適。豊富
なモータ異常検知・保護機能内蔵で周辺部品を削減

小信号MOSFET/SBD: 車載向け業界最小クラスの超小型デバイス。
独自工法を用いたWettable Flank形成技術により、部品実装後
の自動光学検査（AOI）において、高信頼の半田実装確認が可能

HIGHLIGHT PRODUCT HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED LightingxEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/solution/automotive/infotainment-and-cluster/head-up-display?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/infotainment-and-cluster/head-up-display?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/serdes-ics?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/can-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/video_displaycontroller?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/motor-actuator-drivers/stepping-motor?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/product-info/display_tft-lcd-driver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.com/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/dashboard-camera?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/adas/dashboard-camera?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/standard?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/power-management-ic-for-system?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productFamily
https://www.rohm.co.jp/products/power-management/switching-regulators?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#serchbyseries
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/led?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productGF
https://www.rohm.co.jp/products/optical-sensors/infrared-light-emitting-diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productFamily
https://www.rohm.co.jp/products/power-management/voltage-detectors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/sensors-mems/shock-sensor-amplifier?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/sensors-mems/accelerometer-ics?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/optical-sensors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/audio-video/audio-amplifiers/speaker-amplifiers?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#productFamily
https://www.rohm.co.jp/news-detail?news-title=2020-09-29_news_wfmosfet&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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FRONT LIGHT WITH ADAPTIVE 
DRIVING BEAM
車載ヘッドランプのLED化が進んだことで、それまで実現できなかった機能を実現できるようになりました。

例えば、ハイビームの配光を制御することで、先行車や対向車にまぶしさを与えずに安全性を確保できるAdaptive Driving Beam（ADB）。

また、ヘッドランプの向きを制御することで、カーブ走行時や見通しの悪い交差点で運転者の視認性を大幅に向上する機能などです。

ロームは、ちらつきがなく低発熱でLED駆動できるLEDドライバICと、重要特性のバランスを追求したSBDシリーズを合わせて提供しており、

LEDヘッドランプの進化に大きく貢献しています。

ヘッドランプ

REAR LIGHT WITH ANIMATION

自動車の電装化が進んだことで、バッテリーの電力を無駄なく効率的に使用するために、

車載ランプにおいてもハロゲンよりも長寿命で省電力なLEDの搭載が進みました。

ロームは、機能安全に適合したLEDドライバICを提供しており、高信頼なリアランプの実現に幅広く貢献しています。

リアランプ

PRODUCT PRODUCT

関連記事

■  車載市場で高い実績をほこる小型・高効率SBD「RBR/RBQシリーズ」のラインアップを拡充
■  100V耐圧で業界最高クラスのtrrを実現したSBD「YQシリーズ」を開発

Front LightFront Light with ADB

Rear Light with Animation Rear Light with Dynamic Control

関連記事

■  1チップで車載バッテリー電圧低下時の安全点灯を可能にしたLEDドライバ「BD18336NUF-M」を開発

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category

: ROHM Group product category
  (Discrete device)

: Non ROHM Group product: Target application : Sub system : ROHM Group product category
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SBD: 低損失性能を実現
したうえで、低VF特性と
低 I R特性のバランスを
追求したシリーズ製品を
多数ラインアップしており、
車載市場で非常に高い
実績を誇る

LEDドライバ :  ちらつきがなく低発熱でLED駆動できる
独自技術で業界をリード。アプリケーション、チャンネル、
電流などさまざまな用途に対応できる製品をラインアップ

HIGHLIGHT PRODUCT

HIGHLIGHT PRODUCT

xEV Body ECU ADAS/Infotainment LED LightingxEV Body ECU ADAS/Infotainment LED Lighting
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https://www.rohm.co.jp/solution/automotive/led-lighting/front-with-adb?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/led-lighting/front-with-adb?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/led-lighting/front-light?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers?PS_ProductGradeText=Automotive&OutputCount_num=2.0|4.0|6.0|8.0|12.0|17.0|24.0|1.0E21&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers/constant-current-serial-in-parallel-out?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/transistors/bipolar-transistors/automotive-bipolar-transistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/led/chip-leds-mono-color-type/automotive/ledcatalog?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/comparators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/voltage-detectors?selectedTabIndex=2&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#easyPartFinder
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2021-08-05_news_sbd&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2023-12-21_news_sbd&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/led-lighting/rear-light-with-animation?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/led-lighting/rear-light-with-animation?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/solution/automotive/led-lighting/rear-light-with-dynamic-control?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/ipds?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/switching-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/linear-regulators?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/power-management/led-drivers?page=1&PS_ProductGradeText=Automotive&OutputCount_num=2.0|4.0|6.0|8.0|12.0|17.0|24.0|1.0E21&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/diodes/schottky-barrier-diodes/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/transistors/bipolar-transistors/automotive-bipolar-transistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors/current-detection-resistors?PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
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https://www.rohm.co.jp/products/interface/lin-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/interface/cxpi-transceiver?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes/transient-voltage-suppressor-diode/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/led/chip-leds-mono-color-type/automotive/ledcatalog?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/micon/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/memory/serial-eeprom/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/amplifiers-and-linear/operational-amplifiers?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
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https://www.rohm.co.jp/products/power-management/voltage-detectors?page=1&PS_ProductGradeText=Automotive&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381#parametricSearch
https://www.rohm.co.jp/products/mosfets/automotive?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/diodes?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/products/resistors?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://www.rohm.co.jp/news-detail?news-title=2020-03-31_news_leddr&defaultGroupId=false&utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


■ 第4世代SiC MOSFET
ロームは、2010年に世界で初めて*SiC MOSFETの量産を開始して以来、常に業界をリードするSiCパワーデバイスの技術開発を進めてきました。

最新の第4世代SiC MOSFETは、短絡耐量時間を改善し、業界トップクラスの低オン抵抗を実現したデバイスであり、

インバータやスイッチング電源などさまざまなアプリケーションの低消費電力化や小型化に貢献します。

■ SiCショットキーバリアダイオード内蔵IGBT（Hybrid IGBT)
RGWxx65Cシリーズは、IGBTの還流ダイオードに、ロームの低損失SiCショットキーバリアダイオードを採用したHybrid型のIGBTであり、

従来のIGBTからON時のスイッチング損失を大きく削減することに成功しています。

ロームは、パワーデバイス分野において、Siを素材としたトランジスタやダイオードだけでなく、SiCなどの新素材を採用したデバイス開発に強く取り組んでおり、

構造やパッケージ・モジュール化も含めてさまざまな製品を開発しています。お客様の電源・モータ駆動のニーズに対して、

パワーデバイスの性能を最大限に引き出すIC（制御IC・駆動IC）も合わせることで、豊富なパワーソリューションを提供することができます。

パワートランジスタ

*ローム調べ

Note：パッケージの(　)はROHMパッケージを示します。

第4世代 SiC MOSFET特設ページ

SiCパワーデバイス パンフレット

RGWxx65Cシリーズ おすすめ！新商品カタログ

RGWxx65Cシリーズ

FEATURED PRODUCTS

▪パワートランジスタ
パワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス

パワー半導体/パワーデバイス

F E A T U R E D
P R O D U C T S

ロームでは、年間数百の新製品を

開発しています。

ここでは自動車の技術革新に

貢献する製品*をピックアップして

関連リーフレットと合わせて

ご紹介します。

自動車の技術革新に
貢献する
特長ある製品

*対象製品：2021年4月以降の発表製品

パワー半導体/パワーデバイス

パワートランジスタ

パワーダイオード

P28

P29

IC

パワーIC

センサIC

汎用IC

P29

P31

P31

ディスクリートデバイス

小信号半導体/小信号デバイス P32

パッシブデバイス/オプトデバイス

抵抗器

オプトデバイス

P33

P33

最新リーフレット情報

Field Stop Trench IGBT SiCショットキーバリアダイオード内蔵IGBT（Hybrid IGBT）

品名 VCES

[V]
PD

[W]
IC[A] VCE（sat） tsc Min

[µsec]
IF（Diode）[A] VF（Diode） パッケージ

[mm] 内部回路図 車載対応
AEC-Q101TC=25℃ TC=100℃ TC=25℃ TC=100℃Typ[V] IC[A] Typ[V] IF[A]

RGW60TS65CHR

RGW80TS65CHR

RGW00TS65CHR

64

81

96

39

48

58

178

214

254

1.5

1.5

1.5

30

40

50

—

—

—

39

39

39

25

25

25

1.35

1.35

1.35

20

20

20

YES

YES

YES

TO-247N
41.0×16.0650

第4世代 SiC MOSFET（トレンチ構造）

品名 極性
[ch]

VDSS

[V]
ID
[A]

PD[W]
（TC=25℃）

RDS(on)

(Typ)[mΩ]
Qg

(Typ)[nC] パッケージ
[mm]

車載対応
AEC-Q101

VGS=18V VGS=18V 駆動電圧
[V]

SCT4026DEHR

SCT4045DEHR

SCT4036KEHR

SCT4062KEHR

SCT4026DRHR

SCT4045DRHR

SCT4036KRHR

SCT4062KRHR

SCT4026DW7HR

SCT4045DW7HR

SCT4062KW7HR

SCT4026DWAHR

SCT4045DWAHR

SCT4062KWAHR

56

34

43

26

56

34

43

26

51

31

24

51

31

24

176

115

176

115

176

115

176

115

150

93

93

150

93

93

26

45

36

62

26

45

36

62

26

45

62

26

45

62

94

63

91

64

94

63

91

64

94

63

64

94

63

64

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

15 to 18

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

TO-247
(TO-247N)
41.0×16.0

N

TO-247-4L
41.0×16.0N

TO-263-7L
15.4×10.2

TO-263-7LA
15.4×10.2

N

N

750

1,200

750

1,200

750

1,200

750

1,200
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■ 45V耐圧50mA出力、小型・超低静止電流 LDOレギュレータ
BD7xxL05G-Cシリーズは、小型サイズ（2.9mm×2.8mm）でありながら耐圧45Vと静止電流6µAを実現しており、

常時稼働で小型・低消費電力を求めるアプリケーションに幅広く採用可能です。

■ 40V対応エラーフラグ付きローサイドIPD（スマートスイッチ）
BV1LExxxEFJ-C/BM2LExxxFJ-Cシリーズは、制御対象となる機器の下側（グランド側）回路に配置され、回路構成上、単体のメカニカルリレーや

MOSFETからの置き換えが容易で設計しやすいのが利点です。

小型サイズを維持したままでは両立が困難なデバイスの発熱抑制と低オン抵抗を実現しており、機器の安全動作と電力損失低減に貢献します。

■ 40V耐圧 低消費バイポーラ ステッピングモータドライバ
BD63800MUF-Cは、耐圧40V、出力電流定格1.35Aで、低消費のバイポーラトランジスタを内蔵したステッピングモータドライバICです。

豊富な励磁モード（STEP）と電流減衰方式（DECAY）への対応により、幅広いモータに対して最適な制御を実現することが可能です。

また、5mm角のWettable Flankパッケージで製品化しており、小型化を求めるECUにも採用することができます。

■ 7V耐圧4A出力、Quicur™技術搭載 DC-DCコンバータIC
BD9S402MUF-Cは、ローム独自の超高速パルス制御技術「Nano Pulse Control™」により、現行SoC・マイコンの要求電源電圧である1.0V出力より低い

次世代の0.6V低電圧出力まで対応可能です。

また、高速負荷応答技術「QuiCur™」の搭載により、極めて高い安定動作（負荷応答特性）も実現しており、1.0V以下の低電圧出力・負荷電流変動時でも出力

電圧を±5%以内に抑えることができるため、先端ADASのセカンダリ電源に最適です。

◎「Nano Pulse Control™」「QuiCur™」は、ローム株式会社の商標または登録商標です。

*パルス幅tw<1ms、Duty20%のパルス

BD7xxL05G-C おすすめ！新商品カタログ

BV1LExxxEFJ-Cシリーズ（1ch）BM2LExxxFJ-Cシリーズ（2ch） おすすめ！新商品カタログ

BD63800MUF-C おすすめ！新商品カタログ

BD9S402MUF-C  おすすめ！新商品カタログ

ロームは、1970年代にローム初のICを開発して以来、「回路設計」「レイアウト」「製造プロセス」からなる

3つのアナログ技術を徹底的にすり合わせる三位一体の開発体制を確立し、研ぎ澄ませてきました。

その技術は、電源ICやパワーデバイスの性能を最大限に引き出す制御IC・駆動ICを中心に、さまざまな高付加価値製品の開発に生かされています。

■ 45V耐圧150mA出力、Nano Cap™技術搭載 LDOレギュレータ
BD9xxN1シリーズは、超安定制御技術「Nano Cap™」搭載により、極小100nFの出力コンデンサ容量に対応し、

かつ入力電圧や負荷電流が変動した際でも極めて安定した動作を実現します。

部品や基板の小型化に加えて、幅広いコンデンサ条件への採用を可能にすることで設計工数削減にも貢献します。

パワーIC

◎「Nano CapTM」は、ローム株式会社の商標または登録商標です。

BD9xxN1シリーズ  おすすめ！新商品カタログ

■ トレンチMOS構造採用 ショットキーバリアダイオード
YQシリーズは、独自のトレンチMOS構造の採用によりプレーナ構造の従来品からVFとIR両方の低減を実現したショットキーバリアダイオードです。

熱暴走が起こりにくく、スイッチング損失も低減できるため、アプリケーションの低消費電力化に貢献します。

パワーダイオード

Note: パッケージの（ ）はROHMパッケージを示します。　*TO-277A(TO-277GE)パッケージの車載対応製品は、カーインフォテインメント・ボディ系向けのグレード品です。
☆：開発中 YQシリーズ　おすすめ！新商品カタログ

FEATURED PRODUCTS

▪パワーダイオード
パワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス

▪パワーIC ▪パワーIC

FEATURED PRODUCTSパワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス

IC

BD7xxL05G-Cシリーズ

BV1LExxxEFJ-C/BM2LExxxFJ-Cシリーズ

BD63800MUF-C

BD9S402MUF-C

YQシリーズ

BD9xxN1シリーズ

BD900N1WEFJ-C BD900N1WG-C

45V耐圧 低暗電流 150mA出力 Nano Cap™ LDOレギュレータ
タイプ

シャット
ダウン
スイッチ

保護回路
パッケージ/品名

HTSOP-J8 SSOP5

YES

YES

YES

YES

YES

YES

車載対応
AEC-Q100

3 to 42

Adjustable

±2.0 0.15 28 Tj=−40 to
+150

Tj=−40 to
+150

— Over-Current/
Temperature

Over-Current/
Temperature

BD900N1EFJ-C BD900N1G-C

3.3 BD933N1EFJ-C BD933N1G-C

5.0 BD950N1EFJ-C BD950N1G-C

3 to 42

Adjustable

±2.0 0.15 283.3 BD933N1WEFJ-C BD933N1WG-C

BD900N1
BD933N1
BD950N1
BD900N1W
BD933N1W
BD950N1W 5.0 BD950N1WEFJ-C BD950N1WG-C

入力電圧
[V]

出力電圧
[V]

出力電流
[A]

回路電流
[µA]

動作温度
[℃]

出力電圧精度
[％]

入出力電圧差
[V]

トレンチMOS構造採用 100V耐圧 高性能ショットキーバリアダイオード

YES

45V耐圧 低暗電流 50mA出力 LDOレギュレータ
品名 パッケージ

[mm]

BD725L05G-C 3.5 to 42.0 2.5

±2
(Tj=-40 to +150˚C) 0.05

—

6 −40 to +125 —
Over-Current/
Temperature

BD730L05G-C 3.5 to 42.0 3.0
0.3(lO=50mA)

0.35(lO=50mA)

BD733L05G-C 3.8 to 42.0 3.3 SSOP5
2.9×2.8 t=1.25BD750L05G-C 5.6 to 42.0 5.0

40V対応エラーフラグ付きローサイドIPD（スマートスイッチ）

品名 ch 過熱保護 パッケージ
[mm]

BV1LE040EFJ-C
BV1LE080EFJ-C
BV1LE160EFJ-C
BV1LE250EFJ-C
BM2LE040FJ-C
BM2LE080FJ-C
BM2LE160FJ-C
BM2LE250FJ-C

3.0 to 5.5 

40

1

17.5

9.0

5.0

3.0

17.5

9.0

5.0

3.0

40

80

160

250

40

80

160

250

YES

YES

YES

YES

YES

YES

YES

YES

Self-restart

40

HTSOP-J8
4.9×6.0

3.0 to 5.5 

40

2

40

SOP-J8
4.9×6.0

シャットダウン
スイッチ 保護回路入力電圧

[V]
出力電圧

[V]
出力電流

[A]
回路電流

[µA]
動作温度

[℃]
出力電圧精度

[％]
入出力電圧差

[V]

電源電圧
[V]

VDS 
(Max) [V]

オン抵抗
(Typ) [mΩ]

Iocp

(Max) [A]

動作温度
[℃]

スイッチング周波数
[MHz]

オン抵抗 (Typ)[mΩ]

Pch FET Nch FET

7V耐圧4A出力、Quicur™技術搭載 DC-DCコンバータIC

品名 入力電圧
[V]

出力電圧
[V]

出力電圧精度
[%]

パッケージ
[mm]

BD9S402MUF-C 7 4 60 352.7 to 5.5
Adj.

(0.6 to VIN×0.75) ±1 2.2 VQFN16FV3030
3.0×3.0 t=1.0

定格電圧
[V]

出力電流
(Max)[A]

車載対応
AEC-Q100

車載対応
AEC-Q100

−40 to +125 YES

DECAY 出力オン抵抗
 (Typ)[Ω]

40V耐圧 低消費バイポーラ ステッピングモータドライバ
品名 出力電流[A]

(ピーク電流[A]) 制御入力信号 駆動 パッケージ
[mm]

BD63800MUF-C 40 6 to 28 Slow/Fast/Mix/Auto 0.751.21
(1.35*) 1/32CLK/SPI VQFN32FBV050

5.0×5.0 t=1.0

耐圧
[V]

電源電圧
[V]

車載対応
AEC-Q100

YES
(Grade1)

車載対応
AEC-Q100

0.5(lO=100mA)

0.42(lO=100mA)

0.42(lO=100mA)

0.5(lO=100mA)

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TF

TR

TR

TR

TR

TR

TR

TR

TR

TR

TL1*

TL1*

TL1*

TL1*

TL1*

TL1*

100

100

100

100

100

100

100

100

100

100

100

100

100

100

100

1

2

2

3

2

3

5

5

5

3

5

8

10

12

15

175

175

175

175

175

175

175

175

175

175

175

175

175

175

175

0.7

0.77

0.77

0.77

0.67

0.64

0.77

0.73

0.61

0.64

0.77

0.67

0.67

0.67

0.68

1

2

2

3

2

3

5

5

5

3

5

8

10

12

15

6

10

10

15

15

30

25

30

50

30

25

60

80

90

100

100

100

100

100

100

100

100

100

100

100

100

100

100

100

100

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

(PMDE)
2.5×1.3

SOD-123FL
(PMDU)
3.5×1.6

SOD-128
(PMDTM)
4.7×2.5

TO-277A
(TO-277GE)
6.5×4.6

TO-252AA
(TO-252M)
10.60×6.6

Single

Cathode
common
dual

TO-263AB
(TO-263L)
15.1×10.1

YQ1VWM10A
YQ2VWM10B
YQ2MM10A
YQ3MM10B
YQ2LAM10B
YQ3LAM10D
YQ5LAM10C
YQ5LAM10D
YQ5LAM10E
YQ3RSM10SD
YQ5RSM10SD
YQ8RSM10SD
YQ10RSM10SD
YQ12RSM10SD
YQ15RSM10SD

品名

形名
製品性能
コード

包装
記号

車載対応
AEC-Q101

回路パッケージ
[mm]

電気的特性（Tj=25℃）絶対最大定格
VRM

[V] VR [V]
IO
[A] IF [A]

VF (Max) 
[V]

IR (Max)
[µA]

Tj

[℃]

☆

☆

☆
☆
☆

YQ20BM10SD

YQ20NL10SD
YQ20NL10SE
YQ30NL10SD
YQ30NL10SE
YQ20NL10CD
YQ30NL10CD
YQ40NL10CD
YQ60NL10CD

FH

FH

FH

FH

FH

FH

FH

FH

FH

TL

TL

TL

TL

TL

TL

TL

TL

TL

100

100

100

100

100

100

100

100

100

20

20

30

30

20

30

40

60

150

150

150

150

150

150

150

150

0.96

0.86

0.99

0.86

0.71

0.72

0.72

0.77

20 150 0.86

20

20

30

30

10

15

20

30

20

70

80

95

150

70

100

160

200

80

100

100

100

100

100

100

100

100

100

YES

YES

YES

YES

YES

YES

YES

YES

YES
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▪センサIC
▪汎用IC

■ 3.5ms高速書き込み 車載用EEPROM (書き換え回数=400万回)
BR24Hxxx-5AC/BR25Hxxx-5ACシリーズは、独自のデータ書き込み・読み出し回路技術を駆使することで3.5ms(ミリ秒)の高速書き込みを実現した

車載EEPROMです。また、書き換え回数400万回を実現しており、アプリケーションの長寿命化に貢献するだけでなく、頻繁にデータを書き換えなければなら

ない自動車の状態記録用途にも最適です。

■ 42V耐圧ホールセンサIC
BD5310xG-CZ/BD5410xG-CZシリーズは、AEC-Q100に準拠した高耐圧のホールセンサICです。単極検出タイプと交番検出タイプの2種類を展開し、

幅広い感度ラインアップを取り揃えているため、用途に応じて最適な製品を選択していただくことが可能です。

センサIC

BD5310xG-CZ/BD5410xG-CZ シリーズ おすすめ！新商品カタログ

シリアルEEPROM セレクションガイド

汎用IC

☆：開発中

ロームのディスクリートデバイスは、創業初期からビジネスを行う製品群です。ショットキーバリアダイオードやMOSFETをはじめとする多様なポートフォリ

オにおいて、高品質と小型化そして安定した生産能力により、お客様から高い評価をいただき長年トップクラスのシェアを維持しています。

ロームは、限られた電力や資源を効率的に使用するディスクリートデバイスを、長期にわたって市場に供給し続けることで、環境負荷の低減に配慮しながら

電気・電子機器市場の発展に貢献します。

■ 40V対応ウィンドウタイプボルテージディテクタ（リセットIC）
BD48HW0G-Cは、Nano Energy™技術により、最大40Vまでの動作電圧と超高精度の電圧検出精度±0.75%を、わずか500nAの超低消費電流で実現します。

あわせて、検出電圧自由設定タイプとして、マイコン周りの低電圧領域から車載電源の高電圧領域まで、幅広いアプリケーションに対応することができます。

■ 動作電流160nA 低入力オフセット電圧 高精度オペアンプ
LMR1901YG-Mは、低消費電流技術Nano Energy™を搭載することで、超低動作電流160nAを実現したオペアンプです。

電源電圧、温度変化による動作電流の変化が少なく、また、超低電流品でありながら優れた入力オフセット電圧特性を有しているため、

バッテリー駆動機器のセンシングをはじめ幅広いアプリケーションで採用可能です。

LMR1901YG-M おすすめ！新商品カタログ

BD48HW0G-C おすすめ！新商品カタログ

小信号半導体/小信号デバイス

■ 超小型1006サイズ ショットキーバリアダイオード (Wettable Flankパッケージ)
RBxxxASA-x0FHシリーズ（一般整流用）、RB886ASAFH（検波用）は、車載向け業界最小クラス*のショットキーバリアダイオードです。

従来品に比べて、超小型かつ放熱性を向上しているため、基板の高密度化が進む車載ECUやADAS関連機器に最適です。

RBxxxASA-x0FHシリーズ（一般整流用）RB886ASAFH（検波用） おすすめ！新商品カタログ

◎「Nano Energy™」は、ローム株式会社の商標または登録商標です。

◎「Nano Energy™」は、ローム株式会社の商標または登録商標です。

*2023年7月ローム調べ

FEATURED PRODUCTSパワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス FEATURED PRODUCTS

▪汎用IC

パワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス
▪小信号半導体/小信号デバイス

ディスクリートデバイス

LMR1901YG-M

BD48HW0G-C

BD5310xG-CZ/BD5410xG-CZシリーズ

BR24Hxxx-5AC/BR25Hxxx-5ACシリーズ

I2C BUS EEPROM（2-Wire）BR24Hxxx-5ACシリーズ

ECC機能内蔵 SPI BUS EEPROM BR25Hxxx-5ACシリーズ

42V耐圧ホールセンサIC

ウィンドウタイプボルテージディテクタ（リセットIC）
品名 出力

形式
"L"出力電流[mA]
（VDS=0.4V）

パッケージ
[mm]

BD48HW0G-C
BD48W00G-C
BD52W01G-C
BD52W02G-C
BD52W03G-C
BD52W04G-C
BD52W05G-C
BD52W06G-C

1.8 to 40 ±0.75 1.277

1.2

1.32

1.65

1.98

2.75

3.63

5.5

1.277

1.2

1.08

1.35

1.62

2.25

2.97

4.5

Open
Drain

500

VDET×0.01

2 or more (VDD=1.8V)
— —

1.6 to 6.0

±2.5 3000

1
or more

(VDD=1.6V)

2
or more

(VDD=2.4V)±5 300 Variable ±50
(All Temperature)

SSOP6
2.9×2.8

動作電流160nA 低入力オフセット電圧 高精度オペアンプ

品名 ch

LMR1901YG-M

動作電源
電圧
[V]

検出電圧精度
Ta=全温度

[%]

過電圧
検出
[V]

低電圧
検出
[V]

リセット解除
伝達遅延時間

[ms]

ヒステリシス
電圧
[V]

電源電圧
[V]

入力オフセット電圧
(Max)[mV]

入力換算雑音電圧密度
(Typ)[nV/√Hz]

動作温度
[℃]

入力オフセット電圧
温度ドリフト
(Max)[µV/℃]

回路電流
(Typ)[nA]

車載対応
AEC-Q100

パッケージ
[mm]

回路電流
[nA]

遅延時間精度
[%]

車載対応
AEC-Q100

−40 to +105 SSOP5
2.9×2.8

YES
(Grade2)7407.00.551601.7 to 5.513.5

7.5

10.0

12.5

18.0

28.0

2.0

5.0

7.5

10.0

15.0

過電流保護
過温度保護
逆接続保護
UVLO
(Under 
Voltage 
Lockout)

−2.0

−5.0

−7.5

−10.0

−15.0

—

BD53103G-CZ
BD53104G-CZ
BD53105G-CZ
BD53106G-CZ
BD53107G-CZ
BD53108G-CZ
BD54102G-CZ
BD54103G-CZ
BD54104G-CZ
BD54105G-CZ
BD54107G-CZ

品名 検出タイプ 動作電圧
[V] N極S極

磁束密度[mT] 磁界入力
周波数

(Max) [kHz]

消費電流
(Max) [mA] 出力形式 動作温度

[℃] 保護機能 パッケージ
[mm]

車載対応
AEC-Q100

単極検出

交番検出

2.7 to 38 10 1.9
Nch
Open
Drain

−40 to +150
SSOP3A
(SOT23-3同等)
2.92×2.4

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

☆
☆
☆
☆

☆
☆
☆
☆

BR24H01
BR24H02
BR24H04
BR24H08
BR24H16
BR24H32
BR24H64
BR24H128
BR24H256
BR24H512
BR24H1M

BR25H010
BR25H020
BR25H040
BR25H080
BR25H160
BR25H320
BR25H640
BR25H128
BR25H256
BR25H512
BR25H1M

品名

品名

パッケージとサフィックス（接尾辞） 容量
[bit]

電源電圧
[V]

消費電流（Max）

動作時[mA] 待機時[µA]

書き込み
サイクル時間
(Max) [ms]

クロック周波数
（Max）

[Hz]

動作温度
[℃]

書き換え
回数
[回]

データ
保持
[年]

車載対応
AEC-Q100

ビット構成
[word×bit]

容量
[bit]

電源電圧
[V]

消費電流（Max）

動作時[mA] 待機時[µA]

書き込み
サイクル時間
(Max) [ms]

クロック周波数
（Max）

[Hz]

動作温度
[℃]

書き換え
回数
[回]

データ
保持
[年]

車載対応
AEC-Q100

ビット構成
[word×bit]

SOP8 SOP-J8 TSSOP-B8 MSOP8 VSON008X2030 VSON08AX2030

パッケージとサフィックス（接尾辞）

SOP8 SOP-J8 TSSOP-B8 MSOP8 VSON008X2030 VSON08AX2030

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

F-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

1K

2K

4K

8K

16K

32K

64K

128K

256K

512K

1M

128×8

256×8

512×8

1K×8

2K×8

4K×8

8K×8

16K×8

32K×8

64K×8

128K×8

1.7

1.7

1.7

1.7

1.7

1.7

1.7

1.7

1.7

3

3

10

10

10

10

10

10

10

10

10

20

20

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

1M

1M

1M

1M

1M

1M

1M

1M

1M

1M

1M

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

YES

−40
to

+125
1004×106

−40
to

+125
1004×106

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

2.5 to 5.5

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

—

—

—

—

—

—

—

—

NUX-5AC

NUX-5AC

—

—

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

—

—

—

—

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

FJ-5AC

1K

2K

4K

8K

16K

32K

64K

128K

256K

512K

1M

128×8

256×8

512×8

1K×8

2K×8

4K×8

8K×8

16K×8

32K×8

64K×8

128K×8

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

1.7 to 5.5

8

8

8

8

8

8

8

8

8

8

8

10

10

10

10

10

10

10

10

10

20

20

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

3.5

20M

20M

20M

20M

20M

20M

20M

20M

20M

20M

20M

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVT-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

FVM-5AC

—

—

—

—

—

—

NUX-5AC

NUX-5AC

NUX-5AC

NUX-5AC

—

—

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

ANUX-5AC

—

—

—

—

—

—

超小型1006サイズ ショットキーバリアダイオード（検波用）

超小型1006サイズ ショットキーバリアダイオード（一般整流用）

30

40

30

30

30

40

20

30

30

30

30

40

500

30

200

200

500

200

1

0.5

1

1

1

1

0.47

0.37

0.58

0.47

0.59

0.55

500

1

200

200

500

100

100

0.5

1

30

35

10

20

30

10

10

30

40

YES

YES

YES

YES

YES

YES

DFN1006-2W
1.0×0.6 t=0.9

RB551ASA-30FH
RB751ASA-40FH
RB520ASA-30FH
RB521ASA-30FH
RB550ASA-30FH
RB520ASA-40FH

品名 車載対応
AEC-Q101

等価回路図パッケージ
[mm]

電気的特性（Tj=25℃）絶対最大定格（Ta=25℃）
VRM

[V]
VR

[V] VR [V]
IO

[mA] IF [mA]
VF (Max)

[V]
IR (Max)

[µA]
IFSM[A]

60Hz.1cycle

電気的特性（Ta=25℃）
品名 VR

[V]
VF (Max)

[V]
Ct (Max)

[pF] VR [V] f [MHz]
IF

[mA]
Tj

[℃]
Tstg

[℃]

絶対最大定格（Ta=25℃）

RB886ASAFH 5 10 150 −50 to +150 0.35 1.0 1.0 1.00.8

IF [mA]

DFN1006-2W
1.0×0.6 t=0.9

YES

車載対応
AEC-Q101等価回路図パッケージ

[mm]

YES

YES

YES

YES

YES

YES

YES

YES
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https://fscdn.rohm.com/jp/products/databook/catalog/recommend/OP_66OP7368_JP.pdf?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://fscdn.rohm.com/jp/products/databook/catalog/common/P_Serial_EEPROM_Selection_Guide_JP.pdf?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://fscdn.rohm.com/jp/products/databook/catalog/recommend/OP_66OP7378_JP.pdf?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://fscdn.rohm.com/jp/products/databook/catalog/recommend/OP_65OP7332_JP.pdf?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381
https://fscdn.rohm.com/jp/products/databook/catalog/recommend/OP_66OP7365_JP.pdf?utm_medium=pdf&utm_source=rohm&utm_campaign=66P7381


ロームでは、創業製品でもある抵抗器や、各種素子を搭載したオプトデバイスも開発しています。

ICやディスクリート部品とのソリューション提供など、総合半導体メーカーならではの強みを生かし、車載機器の進化に貢献します。

■ 高電力金属板シャント抵抗器 超低抵抗タイプ
PSRシリーズは、電流検出用途に適した高電力対応・超低抵抗の金属板シャント抵抗器です。サイズラインアップ、抵抗値ラインアップを充実させており、

より幅広いアプリケーションでの高精度電流検出を可能にします。

抵抗器

■ 車載インテリア向けRGBチップLED
SMLVN6RGBFUは、内作による素子からの作りこみにより、色度ばらつきを大きく低減したRGBチップLEDです。

色を正確に合わせこむことができるため、メーターや車室装飾照明などイメージカラーを大切にする車載インテリア用光源に最適です。

オプトデバイス

SMLVN6RGBFU おすすめ！新商品カタログ

*1 Duty≤1/10, 1kHz

SMLVN6RGBFU

FEATURED PRODUCTSパワー半導体/パワーデバイス IC ディスクリートデバイス パッシブデバイス/オプトデバイス
▪抵抗器
▪オプトデバイス

パッシブデバイス/オプトデバイス

SMLVN6RGBFU

PSRシリーズ

PSRシリーズ おすすめ！新商品カタログ

*(+20℃ to +175℃)
☆：開発中

高電力金属板シャント抵抗器 超低抵抗タイプ PSRシリーズ
品名 抵抗値許容差 定格電流

[A]

PSR100 6432 (2512)

0.2

0.3

0.5

1.0

2.0

3.0

0.1

0.5

1.0

0.27

0.2

0.3

0.5

1.0

2.0

3.0

0.1

0.2

0.3

0.4

0.5

1.0

2.0

YES

YES

YES

YES

YES

8 (75ºC)

12 (120ºC)

15 (120ºC)

12 (120ºC)

6 (100ºC)

8 (100ºC)

4 (140ºC)

4 (140ºC)

150±50

0 to +150

0 to +100

0 to +100

0 to +50

0 to +50

100±50

0 to +100

0 to +50

0 to +150

125±50

0 to +100

0 to +100

0 to +75

0 to +75

0 to +75

200±50

0 to +150

0 to +150

0 to +150

0 to +150

0 to +75

0 to +75

36 to 163
200

77 to 387

Up to 210

40 to 244

59 to 387

−65 to +175

F (±1%)

PSR330 6464 (2525)

6 (75ºC)

3 (140ºC)4 (75ºC)

F (±1%)

PSR350 7.9×5.6 (3222)

F (±1%)PSR400 10×5.2 (3921)

15×7.75 (5931)

12 (75ºC)

10 (75ºC)

10 (75ºC)

8 (75ºC)

6 (75ºC)

5 (70ºC)

15 (75ºC)

15 (75ºC)

10 (75ºC)

10 (75ºC)

10 (75ºC)

10 (75ºC)

7 (70ºC)

5 (130ºC)

5 (130ºC)

5 (130ºC)

5 (130ºC)

4 (115ºC)

3 (115ºC)

10 (120ºC)

10 (120ºC)

7 (120ºC)

7 (120ºC)

7 (120ºC)

6 (120ºC)

4 (115ºC)

F (±1%)

PSR500 F (±1%)

☆

サイズ略称
mm（inch）

抵抗値
[mΩ]

抵抗温度係数*
[ppm/℃]低温側 高温側

定格電力 [W] (定格端子温度)　 使用温度
[℃]

車載インテリア向けRGBチップLED

400

50

40

40

100

100

100

2.1

3.3

3.3

20

20

20

20

20

20

20

20

20

YES3.5×2.8
t=0.6

621

525

470

620

1,440

320

750

1,800

430

900

2,160

540

5

—

—

5

—

—

10

—

—

−40
to

+100

−40
to

+100
SMLVN6RGBFU

発光色 品名 許容損失
PD

[mW]

順方向電流
IF

[mA]

ピーク順方向電流
IFp

[mA]

逆方向電圧
VR

[V]

絶対最大定格(Ta=25℃) 電気的光学的特性（Ta=25℃）

動作温度
Topr
[°C]

保存温度
Tstg
[°C]

順方向電圧VF 逆方向電流IR

IF
[mA]

VR

[V]
Typ
[V]

Max
[µA]

発光波長λD

Typ
[nm]

IF
[mA]

光度IV [mcd]

IF
[mA]Min Typ Max

Red

Green

Blue

サイズ
[mm]

車載対応
AEC-Q200

車載対応
AEC-Q102

☆

製品かんたん検索

インターネット商社
在庫検索

よくあるお問い合わせ
（FAQ）

新製品
情報一覧

採用・協業事例

Tech Web
製品カタログ

エレクトロニクス
豆知識

ロームWebサイト

WEB SITE

ロームのWebサイトでは、データシートなどの製品資料やアプリケーションノートなどの技術資料、
各種設計ツールのほか、各種開発や学習に役立つコンテンツをご用意しています。 

 製品検索だけでなく、情報収集や課題解決などにもぜひお役立てください。

例） 抵抗器
 電源IC
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