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DIM Milimeters Inches
Min. Average Max. Min. Average Max.
A 1.80 2.00 2.20 0071 0.079 0.087
b 1.30 1.50 1.70 0051 0.059 0.067
D 2.40 2.60 2.80 0094 0.102 0.110
E 4.30 450 4.70 0.169 0.177 0.185
He 470 5.00 5.30 0.185 0.197 0.209
Lp 0.90 1.20 1.50 0035 0.047 0.059
G 0.00 0.10 012 0.000 0.004 0.005
1 - 2.00 - - 0.079 -
b3 - 2.00 - - 0.079 -
el - 4.20 - - 0.165 -
(1) The marking bar indicates the cathode.
(2) The direction indicates the anode.
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