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~ /| - Material - glass epoxy substrate(FR4)
* Size 20mmx=20mmx0.8mm
- Both side is all covered w/ copper(35um thickness)
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DIM Milimeters Inches
Min. Average Max. Min. Average Max.
A 0.45 0.50 0.55 0.018 0.020 0.022
b 0.24 0.27 0.30 0.009 0.011 0.012
c 0.08 0.13 0.18 0.003 0.005 0.007
D 0.55 0.60 0.65 0.022 0.024 0.026
E 0.95 1.00 1.05 0.037 0.039 0.041
He 1.35 1.40 1.45 0.053 0.055 0.057
11 - 0.50 - - 0.020 -
b3 0.50 0.020
el 1.20 0.047
(1) The marking bar indicates the cathode.
(2) The direction indicates the anode.
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