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DIM Milimeters Inches
Min. Average Max. Min. Average Max.
A 0.50 0.60 0.80 0.020 0.024 0.031
b 0.75 0.80 0.85 0.030 0.031 0.033
b6 0.90 1.00 1.10 0.035 0.039 0.043
c 0.12 0.17 0.27 0.005 0.007 0.011
D 1.30 1.40 1.50 0.051 0.055 0.059
E 1.90 2.00 2.10 0.075 0.079 0.083
He 2.30 2.50 2.70 0.091 0.098 0.106
L - 0.25 - - 0.010 -
L1 - 0.25 - - 0.010 -
L6 - 0.45 - - 0.018 -
Le 1.40 1.50 1.60 0.055 0.059 0.063
Lp1 0.30 0.40 0.50 0.012 0.016 0.020
b4 - 1.10 - - 0.043 -
11 - 2.00 - - 0.079 -
12 - 0.80 - - 0.031 -
13 - 3.30 - - 0.130 -
(1) The marking bar indicates the cathode.
(2) The direction indicates the anode.
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