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INPUT VOLTAGE : Vo [V]

lo [MA]

OUTPUT CURRENT :

Fig.1 Input voltage vs. output current (ON
characteristics)
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Fig.3 Output current vs. output voltage
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Fig.2 Output current vs. input voltage (OFF
characteristics)
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Fig.4 DC current gain vs. output current
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Fig.5 Output voltage vs. output current
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Soldering footprint
Unit(inr:Tmes)
Millimeters Inches
DIM Min. Max. Min. Max.
A 0.80 1.10 0.031 0.043
A1 0.00 0.10 0.000 0.004
b 0.25 0.40 0.010 0.016
c 0.10 0.20 0.004 0.008
D 1.90 2.10 0.075 0.083
E 1.15 1.35 0.045 0.053
e 0.65 0.026
el 1.30 0.051
HE 2.00 2.20 0.079 0.087
L 0.10 - 0.004 -
Q 0.10 0.30 0.004 0.012
X - 0.10 - 0.004
Dimension in mm / inches
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