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ltem Specifications Parts name Manufacture
C1 047 pF, 310V 890334025039CS WURTH ELECTROMIK
c2 4T uF, 450 v 450BXWATMEFR18X20 Rubycon
C3 330 pF, 35V a60040575008 WURTH ELECTROMIK
C4 0.1 pF, 100V HMKE107E7T104MA-T Taiyou yuden
C5 22 yF, 50V UMK316B225KL-T Taiyou yuden
Ch - NON MOUNTED
c7 47 pF.630 V GRM31A5C204T0W01D MURAT A
(] - NON MOUNTED -
ca 1000 pF,100 V HMK107BT102KA-T Taiyou yuden
c10 1000 pF,100 v HMK107BT102KA-T Taiyou yuden
CN1 - BOZP-NV JST
D1 1A, 1000 V 1N4007
D2 FRD, 0.8 A 600V RFM1LAMES ROHM
D3 - NON MOUNTED
L) 0.2 AB00 vV RREOZVEMES ROHM
D5 - NON MOUNTED
F1 10A 300V 36911000000 _ LITTELFUSE
IC1 BMZPAB1Y-Z ROHM
L1 470 pH RFS13170474KL Coil Craft
R1 100 2w PCF2C100K KOA,
R2 1.8 M0 MCROZEZPFX1804 ROHM
R3 00 MCROZEZPJ0O00 ROHM
R4 200 kO MCROZEZPFX2003 ROHM
RS - NON MOUNTED -
RE o0 MCRO3ZEZPJO00 ROHM
R7 10 kQ MCR18EZPJ103 ROHM
TP1 RED LC-22-G-RED MACSE
TP2 BLACK LC-2-G-BLACK MACSE
ZD1 - NON MOUNTED
ZNR1 W4T0ZA0SP
PCB PCBO274A
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