BM1P061FJ-EVK-001 Parts list

ROHM

SEMICONDUCTOR

Item Spec Parts name Maker Item Spec Parts name Maker
Ci 0.22 u F/310VAC 890334025027CS WURTH ELEKTRONIK R11 1k Q@ MCR10EZPJ102 Rohm
C2 0.22 4 F/310VAC 890334025027CS WURTH ELEKTRONIK R12 10Q MCR18EZPJ100 Rohm
C3 100 4 F/450V 450BXW100MEFR19 X 30 Rubycon R14 0Q MCR18EZPJ000 Rohm
C4 2200pF/500V CGJ5H4C0G2H222J115AA TDK R15 2k Q MCR10EZPJ202 Rohm
C6 10 4 F/50V UPM1H100MDD1TD Nichicon R16 1k Q2 MCR10EZPJ102 Rohm
C7 1000pF/16V 0805B102K500NT FH R17 120k Q2 MCR10EZPF1203 Rohm
C8 47pF/100V GCM1882C2A470JA01D Murata R18 9.1k Q2 MCR10EZPF9101 Rohm
C10 0.1 g F/100V HMK107B7104MA-T TaiyoYuden R19 15k @ MCR10EZPF1502 Rohm
C11 470 4 F/35V UHD1V471MFD Nichicon R20 12k Q@ MCR10EZPJ123 Rohm
Ci12 470 4 F/35V UHD1V471MFD Nichicon R30 0Q MCRO3EZPJ0O00 Rohm
C20 2200pF/250VAC CS11-E2GA222MYNS TDK T1 EER28 YPP1178 Alpha Trans
C21 2200pF/250VAC CS11-E2GA222MYNS TDK U2 TL431 TI
DA1 800V/10A D10XB80-7000 Shindengen PC1 5kV LTV-817-B LiteOn
D1 800V/0.1A RFU02VSM8S Rohm
D2 800V/0.1A RFU02VSM8S Rohm
D3 800V/0.5A CRF02 TOSHIBA
D4 40V/1A RB160VAM-40 Rohm
D5 200V/0.5A RFO5VAM2S Rohm
D6 300V/20A RF2001T3DNZ Rohm
F1 3.15A/300V 36913150000 Littelfuse
IC1 BM1P061FJ Rohm

LPO1 25mH/1A SS26VvV-100250 TOKIN
Q1 800V/5A RBO05ANX Rohm
R1 10k Q2 MCR18EZPJ103 Rohm
R2 10k 82 MCR18EZPJ103 Rohm
R3 3.9MQ KTR18EZPJ395 Rohm
R4 0Q MCR18EZPJ000 Rohm
R5 39k Q2 MCR10EZPJ393 Rohm
R6 47k Q /2W ERG2SJ473E Panasonic
R7 10Q MCR18EZPJ100 Rohm
R8 1506 MCR10EZPJ151 Rohm
R9 100k Q2 MCR10EZPJ104 Rohm
R10 0.15Q LTR100JZPFLR150 Rohm
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