BD7692FJ-EVK-001 Parts list ROHM

Item Spec Parts name Manufacture
c1,C2,C3 047 uF/ 310V 890 334 025 039 CS WURTH
c4 1 uF /400 vdc 890 283 326 009 CS WURTH
C5 150 uF / 450V 861 021 486 027 WURTH
() 0.33uF/ 500V GRM55DR72H334KW10 MURATA
c7 047 uF/63V IMK107B7474KA-T Taiyo Yuden
cs 1uF/25V TMK107B7105KA-T Taiyo Yuden
Capacitor C9 100 pF / 100V HMK107SD101KA-T Taiyo Yuden
c10,C20 1000 pF / 100 V HMK107B7102MA-T Taiyo Yuden
Ci1 220 pF/ 2 kV 885342209008 WURTH
Cc12 - - -
C13,C14 2200 pF / 250 V DE1E3RA222MI4BQO1F Murata
C15,C16,C17 - - -
Cc19 100 uF / 50 V 860 080 674 009 WURTH
D1 FRD 600V /20A RFS20TI6S Rohm
Diode D4 600V /2A RR2LAMGS Rohm
D3 - - -
D6 FRD 200V /0.5A RFOSVAM2STR Rohm
MOSFET Q1 600V /24 A RE6024KNX Rohm
Diode-Bridge DAL 600V /15A GBU151-U1 Willas Corp
R1,R2,R5,RE6 1Meg KTR18PZPF1004 Rohm
R3.R7 13k MCRO3PZPZFX1302 Rohm
R4 390k MCRO3PZPZFX3903 Rohm
R8 10k MCRO3EZP]103 Rohm
R9 120k MCRO3PZPZ1124 Rohm
R10 100 MCR18PZPZ1101 Rohm
Resistor R11 10 MCR18EZP]100 Rohm
R12 180 MCR18EZPJ181 Rohm
R13 10k MCR18ZPZ]J103 Rohm
R14. R15,R16 02/1W LTR18PZPFLR200 Rohm
R17 10/2wW ERG2S1100V Panasonic
R18 - - -
R20. R21,R22 130k MCR18PZPZ]134 Rohm
Fuse 250 Vac 6.3 A VBS UDA-A6.30A Tan doe Corp
1C1 PFC BD7692F] Rohm
FL1 35mH/35A 7448040435 WURTH
FL2 1IS5mH/6A GSTC1810-153N Gang Song
TH1 2Q/4A 2D2-13LD SEMITEC
OTHER L1 180uH/88A PFC3819QM-181K09B-50 TDK
L2, L3 9 uH/46A 744 701 3 WURTH
HEAT1,HEAT3 11.5 K/W 30PBE30-30B Marusan
HEAT2 22.9 K/W IC-1625-STL Sankyo Thremotec
PCB - - -
CN1 3pin BO3P-NV(LF)(SN) JsT
CN2 3pin 691137910003 WURTH © ROHM Co., Ltd. P.1
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