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Parameter Symbol Conditions Min. | Typ. | Max. [ Unit
AAU A TERE VR - - - 30 \%
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Min. Average Max. Min. Average Max.
A 0.80 0.90 1.00 0.031 0.035 0.039
A3 0.60 0.70 0.80 0.024 0.028 0.031
b 0.25 0.30 0.40 0.010 0.012 0.016
c 0.10 0.15 0.20 0.004 0.006 0.008
D 1.90 2.00 2.10 0.075 0.079 0.083
E 1.156 1.25 1.35 0.045 0.049 0.053
He 2.00 2.10 2.20 0.079 0.083 0.087
L 0.10 - - 0.004 - -
e 1.20 1.30 1.40 0.047 0.051 0.055
12 0.90 - - 0.035 - -
b2 0.80 - 0.031 -
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